Il TRACO POWER

TEN 50 Series

EMI Consideration

Suggested filter to comply with EN 55032 Conducted and Radiated Emissions Class A limits
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Suggested components to comply with EN 55032 Conducted and Radiated Emissions Class A limits

Model L1 c1,C3 L2, L3 c2 C4, C5, C6, C7 cs,co
TmH/15A 100 MHz/ 5 A 3300 pF 2200 pF
TEN 50-xxxx 3.3 mQ s (1)00 v 580 Q 3.3 ne (1)00 v 400 VAC 400 VAC
7448031501 7427512 Y1 capacitor Y1 capacitor
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Il TRACO POWER

Suggested filter to comply with EN 55032 Conducted Emissions Class B limits
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TEN 50 Series

Model c1 L1 c2 L2 C3,C6 c4 c5
470 pF 1mH/10A 470 pF imH/15A | 1000 pF 2200 pF
TEN 50-12xx 35V 7 mQ 35V 28 mQ 400 VAC 400 VAC 9900 oF
KY 744824101 KY 7448031501 | Y1 capacitor | Y1 capacitor 200 VEC
) 22mH/6A 470 pF 9mH/5A 4700 pF )
I:: :g_i:xx - 20 mQ 100V 28 mQ 400 VAC - Y1 capacitor
xx 744824622 KY 7448030509 | Y1 capacitor
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ITRACO POWER TEN 50 Series

Suggested filter to comply with EFT (Burst) & Surge, perf. criteria A
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Suggested components to comply with EFT (Burst) & Surge, perf. criteria A

Model L1,L2 C1 Cc2
100 MHz/6A/98 Q
TEN 50-12xx 7497939 1800 pF 7/ 25V / KY 1800 pF 7/ 25V / KY
TEN 50-24xx - 1200 pF /7 50V / KY -
- 47 uH/ 2.46 A
TEN 50-48xx 744773047 560 pF /7 100V / KY 560 pF 7/ 100V / KY
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