Il TRACO POWER

TMR 6WI Series
EMI Consideration
Recommended external EMI filter for EN55022 class A
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Model C1,C2 C3,C4 L1
10pF/ 50V 1000pF/3kV 10uH; 1A
1]
-24% 1210 SMD Induct
TMR 6-243xWI 1206 MLCC 1808 MLCC nductor
TCK-120
4.7uF/ 100V 1000pF/3kV ) 15uH; 0.8A
TMR 6-48%XxWI 1210 MLCC 1808 MLCC 1210 SMD Inductor
TCK-121
TCK-120: www.tracopower.com/overview/tck-120
TCK-121: www.tracopower.com/overview/tck-121
Recommended external EMI filter for EN55022 class B
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Model C1,C2 C3,C4 L1 L2,L3
10pH; 1A 5uH
10uF/ 50V 1000pF/3kV
-24% 1210 SMD Induct c Chok
TMR 6-24xXxWI 1206 MLCC 1808 MLCC nductor ommon Choke
TCK-120 TCK-122
TMR 6-48 X xWI 4.7uF/ 100V 1000pF/3kY 12132:\;;?? c spHCh ki
-8 xx 1210 MLCC 1808 MLCC nductor ommon Lnoke
TCK-121 TCK-122
TCK-122: www.tracopower.com/overview/tck-122
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