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Address : Sihlbruggstrasse 111 CH-6340 Baar Switzerland 
Manufacturer : TRACO ELECTRONIC AG 
Address : Sihlbruggstrasse 111 CH-6340 Baar Switzerland 

Equipment Under Test (EUT) : 
Name : DC/DC Converter 

Brand Name : 
Model No.: TMR 3-4811WIR; TMR 6-4811WIR; TMR 6-7211WIR 
Added Model(s) : Please refer to Section 1.1 

Standards:
EN 50155 : 2017(clause 13.4.8) EN 55022 : 2010 (Class A, Class B) 
EN 50121-3-2 : 2016 EN 61000-4-2 : 2009 
EN 61000-4-3 : 2006+A1:2008+A2:2010 EN 61000-4-4 : 2012 
EN 61000-4-5 : 2014 EN 61000-4-6 : 2014 
IEC 61000-4-8 : 2009 
In the configuration tested, the EUT complied with the standards specified above. 

Date of Receipt : Oct. 24, 2018 
Date of Issue : Nov. 07, 2018

Remarks:
This report details the results of the testing carried out on one sample, the results contained in this test report do not relate to other 

samples of the same product. The manufacturer should ensure that all products in series production are in conformity with the product
sample detailed in this report. 

This report may only be reproduced and distributed in full. If the product in this report is used in any configuration other than that 
detailed in the report, the manufacturer must ensure the new system complies with all relevant standards. Any mention of SGS Taiwan 
Electronics & Communication Laboratory or testing done by SGS Taiwan Electronics & Communication Laboratory in connection with 
distribution or use of the product described in this report must be approved by SGS Taiwan Electronics & Communication Laboratory in 
writing.

Approved By Date Nov. 07, 2018 
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(Section Manager) 



Unless otherwise stated the results shown in this test report refer only to the sample(s) tested and such sample(s) are retained for 90 days only. 
90

This document is issued by the Company subject to its General Conditions of Service printed overleaf, available on request or accessible at www.sgs.com/terms_and_conditions.htm and for electronic format 
documents, subject to Terms and Conditions for Electronic Documents at www.sgs.com/terms_e-document.htm. Attention is drawn to the limitation of liability, indemnification and jurisdiction issues defined 
therein. Any holder of this document is advised that information contained hereon reflects the Company’s findings at the time of its intervention only and within the limits of Client’s instructions, if any. The 
Company’s sole responsibility is to its Client and this document does not exonerate parties to a transaction from exercising all their rights and obligations under the transaction documents. This document cannot 
be reproduced except in full, without prior written approval of the Company. Any unauthorized alteration, forgery or falsification of the content or appearance of this document is unlawful and offenders may be 
prosecuted to the fullest extent of the law.

                 SGS Taiwan Ltd. No.134,Wu Kung Road, New Taipei Industrial Park, Wuku District, New Taipei City, Taiwan 24803/ 134

         t (8862) 22993279 f (8862) 22980488 www.tw.sgs.com

  Member of SGS Group

Report No.: MH/2018/A0182
Page: 2 of 68

Revision History 

Report Number Revision Description Issue Date 
MH/2018/A0182 Rev.00 Initial creation of document Nov. 07, 2018 

   

   

   

   



Unless otherwise stated the results shown in this test report refer only to the sample(s) tested and such sample(s) are retained for 90 days only. 
90

This document is issued by the Company subject to its General Conditions of Service printed overleaf, available on request or accessible at www.sgs.com/terms_and_conditions.htm and for electronic format 
documents, subject to Terms and Conditions for Electronic Documents at www.sgs.com/terms_e-document.htm. Attention is drawn to the limitation of liability, indemnification and jurisdiction issues defined 
therein. Any holder of this document is advised that information contained hereon reflects the Company’s findings at the time of its intervention only and within the limits of Client’s instructions, if any. The 
Company’s sole responsibility is to its Client and this document does not exonerate parties to a transaction from exercising all their rights and obligations under the transaction documents. This document cannot 
be reproduced except in full, without prior written approval of the Company. Any unauthorized alteration, forgery or falsification of the content or appearance of this document is unlawful and offenders may be 
prosecuted to the fullest extent of the law.

                 SGS Taiwan Ltd. No.134,Wu Kung Road, New Taipei Industrial Park, Wuku District, New Taipei City, Taiwan 24803/ 134

         t (8862) 22993279 f (8862) 22980488 www.tw.sgs.com

  Member of SGS Group

Report No.: MH/2018/A0182
Page: 3 of 68

Contents
1.GENERAL DESCRIPTION ...................................................................................................................... 5

1.1 GENERAL DESCRIPTION OF EUT .......................................................................................................... 5 

1.2 DETAILS OF EUT ................................................................................................................................. 7 

1.3 DESCRIPTION OF SUPPORT UNITS ........................................................................................................ 7 

1.4 OPERATION PROCEDURE ..................................................................................................................... 7 

1.5 THE WORST CASE OF THE EUT ............................................................................................................. 8 

1.6 MODIFICATION LIST .............................................................................................................................. 8 

1.7 CONFIGURATION OF TESTED SYSTEM ................................................................................................... 8 

1.8 ACCESSORIES CABLE LIST ................................................................................................................... 8 

1.9 SUMMARY OF RESULTS ........................................................................................................................ 9 

2.RADIO DISTURBANCE ......................................................................................................................... 10

2.1 TEST RESULTS .................................................................................................................................. 10 

2.2 LIMIT ................................................................................................................................................. 11 

2.3 METHODS AND PROCEDURES ............................................................................................................. 12 

2.4. TEST OF CONDUCTED EMISSION ........................................................................................................ 12 

2.4.1 TEST INSTRUMENTS ........................................................................................................................ 12 

2.4.2 MEASUREMENT LEVEL CALCULATION: .............................................................................................. 12 

2.4.3 EUT OPERATING CONDITION........................................................................................................... 12 

2.4.4 MEASUREMENT DATA(CE) .............................................................................................................. 13 

2.5 TEST OF RADIATED EMISSION ............................................................................................................. 25 

2.5.1 TEST INSTRUMENTS ........................................................................................................................ 25 

2.5.2 MEASUREMENT LEVEL CALCULATION: .............................................................................................. 25 

2.5.3 EUT OPERATING CONDITION........................................................................................................... 25 

2.5.4 MEASUREMENT DATA...................................................................................................................... 26 

3.IMMUNITY .............................................................................................................................................. 38

3.1 TEST RESULTS .................................................................................................................................. 38 

3.2 PERFORMANCE CRITERIA DESCRIPTION .............................................................................................. 38 

3.3 TEST OF EN 61000-4-2 ..................................................................................................................... 39 

3.3.1 METHODS AND PROCEDURES .......................................................................................................... 39 

3.3.2 TEST INSTRUMENTS ........................................................................................................................ 39 

3.3.4 EUT OPERATING CONDITION........................................................................................................... 39 

3.3.5 RESULTS OF ELECTROSTATIC DISCHARGE TEST (ESD).................................................................... 40 



Unless otherwise stated the results shown in this test report refer only to the sample(s) tested and such sample(s) are retained for 90 days only. 
90

This document is issued by the Company subject to its General Conditions of Service printed overleaf, available on request or accessible at www.sgs.com/terms_and_conditions.htm and for electronic format 
documents, subject to Terms and Conditions for Electronic Documents at www.sgs.com/terms_e-document.htm. Attention is drawn to the limitation of liability, indemnification and jurisdiction issues defined 
therein. Any holder of this document is advised that information contained hereon reflects the Company’s findings at the time of its intervention only and within the limits of Client’s instructions, if any. The 
Company’s sole responsibility is to its Client and this document does not exonerate parties to a transaction from exercising all their rights and obligations under the transaction documents. This document cannot 
be reproduced except in full, without prior written approval of the Company. Any unauthorized alteration, forgery or falsification of the content or appearance of this document is unlawful and offenders may be 
prosecuted to the fullest extent of the law.

                 SGS Taiwan Ltd. No.134,Wu Kung Road, New Taipei Industrial Park, Wuku District, New Taipei City, Taiwan 24803/ 134

         t (8862) 22993279 f (8862) 22980488 www.tw.sgs.com

  Member of SGS Group

Report No.: MH/2018/A0182
Page: 4 of 68

3.4 TEST OF EN 61000-4-3 ..................................................................................................................... 41 

3.4.1 METHODS AND PROCEDURES .......................................................................................................... 41 

3.4.2 TEST INSTRUMENTS ........................................................................................................................ 41 

3.4.3 EUT OPERATING CONDITION........................................................................................................... 41 

3.4.4 RESULTS OF RADIATED RADIO FREQUENCY ELECTROMAGNETIC (RS) ............................................... 42 

3.5 TEST OF EN 61000-4-4 ..................................................................................................................... 43 

3.5.1 METHODS AND PROCEDURES .......................................................................................................... 43 

3.5.2 TEST INSTRUMENTS ........................................................................................................................ 43 

3.5.3 EUT OPERATING CONDITION........................................................................................................... 43 

3.5.4 RESULTS OF ELECTRICAL FAST TRANSIENT (EFT)............................................................................ 44 

3.6 TEST OF EN 61000-4-5 ..................................................................................................................... 45 

3.6.1 METHODS AND PROCEDURES .......................................................................................................... 45 

3.6.2 TEST INSTRUMENTS ........................................................................................................................ 45 

3.6.3 EUT OPERATING CONDITION........................................................................................................... 45 

3.6.5 RESULTS OF SURGE TEST ............................................................................................................... 46 

3.7 TEST OF EN 61000-4-6 ..................................................................................................................... 47 

3.7.1 METHODS AND PROCEDURES .......................................................................................................... 47 

3.7.2 TEST INSTRUMENTS ........................................................................................................................ 47 

3.7.3 EUT OPERATING CONDITION........................................................................................................... 47 

3.7.4 RESULTS OF IMMUNITY TO CONDUCTED DISTURBANCES (CS)........................................................... 48 

3.8 TEST OF IEC 61000-4-8 .................................................................................................................... 49

3.8.1 METHODS AND PROCEDURES .......................................................................................................... 49 

3.8.2 TEST INSTRUMENTS ........................................................................................................................ 49 

3.8.3EUT OPERATING CONDITION ........................................................................................................... 49 

3.8.4 RESULT OF IMMUNITY TO POWER FREQUENCY MAGNETIC ................................................................. 49 

3.9 TEST OF IEC 61000-4-11 .................................................................................................................. 50

3.9.1 METHODS AND PROCEDURES .......................................................................................................... 50 

3.9.2 TEST INSTRUMENTS ........................................................................................................................ 50 

3.9.3 EUT OPERATING CONDITION........................................................................................................... 50 

3.9.4 RESULTS OF VOLTAGE DIPS IMMUNITY TEST .................................................................................... 51 

PHOTOGRAPH OF TESTING GENERAL SET-UP ................................................................................. 52

PHOTOGRAPHS OF EUT UNIT ............................................................................................................... 67



Unless otherwise stated the results shown in this test report refer only to the sample(s) tested and such sample(s) are retained for 90 days only. 
90

This document is issued by the Company subject to its General Conditions of Service printed overleaf, available on request or accessible at www.sgs.com/terms_and_conditions.htm and for electronic format 
documents, subject to Terms and Conditions for Electronic Documents at www.sgs.com/terms_e-document.htm. Attention is drawn to the limitation of liability, indemnification and jurisdiction issues defined 
therein. Any holder of this document is advised that information contained hereon reflects the Company’s findings at the time of its intervention only and within the limits of Client’s instructions, if any. The 
Company’s sole responsibility is to its Client and this document does not exonerate parties to a transaction from exercising all their rights and obligations under the transaction documents. This document cannot 
be reproduced except in full, without prior written approval of the Company. Any unauthorized alteration, forgery or falsification of the content or appearance of this document is unlawful and offenders may be 
prosecuted to the fullest extent of the law.

                 SGS Taiwan Ltd. No.134,Wu Kung Road, New Taipei Industrial Park, Wuku District, New Taipei City, Taiwan 24803/ 134

         t (8862) 22993279 f (8862) 22980488 www.tw.sgs.com

  Member of SGS Group

Report No.: MH/2018/A0182
Page: 5 of 68

1.General Description 
1.1 General Description of EUT 

Name of EUT : DC/DC Converter 
Brand Name : 

Model No.(s) : TMR 3-4811WIR; TMR 6-4811WIR; TMR 6-7211WIR 
Added Model(s) : See the following note. 
Variant Description : See the following note. 
Note: z can be any alphanumeric or dash or blank or slash for marketing purpose only.

Model Input Range 
(VDC)

Output Voltage 
(VDC)

Output Current  
@Full Load 

(mA) 
TMR 3-2410WIRzzzzzzzz 9 ~ 36 3.3 700
TMR 3-2411WIRzzzzzzzz 9 ~ 36 5 600
TMR 3-2419WIRzzzzzzzz 9 ~ 36 9 333
TMR 3-2412WIRzzzzzzzz 9 ~ 36 12 250
TMR 3-2413WIRzzzzzzzz 9 ~ 36 15 200
TMR 3-2415WIRzzzzzzzz 9 ~ 36 24 125
TMR 3-2421WIRzzzzzzzz 9 ~ 36 ±5 ±300
TMR 3-2422WIRzzzzzzzz 9 ~ 36 ±12 ±125
TMR 3-2423WIRzzzzzzzz 9 ~ 36 ±15 ±100
TMR 3-4810WIRzzzzzzzz 18 ~ 75 3.3 700
TMR 3-4811WIRzzzzzzzz 18 ~ 75 5 600
TMR 3-4819WIRzzzzzzzz 18 ~ 75 9 333
TMR 3-4812WIRzzzzzzzz 18 ~ 75 12 250
TMR 3-4813WIRzzzzzzzz 18 ~ 75 15 200
TMR 3-4815WIRzzzzzzzz 18 ~ 75 24 125
TMR 3-4821WIRzzzzzzzz 18 ~ 75 ±5 ±300
TMR 3-4822WIRzzzzzzzz 18 ~ 75 ±12 ±125
TMR 3-4823WIRzzzzzzzz 18 ~ 75 ±15 ±100
TMR 3-7210WIRzzzzzzzz 43 ~ 160 3.3 700
TMR 3-7211WIRzzzzzzzz 43 ~ 160 5 600
TMR 3-7219WIRzzzzzzzz 43 ~ 160 9 333
TMR 3-7212WIRzzzzzzzz 43 ~ 160 12 250
TMR 3-7213WIRzzzzzzzz 43 ~ 160 15 200
TMR 3-7215WIRzzzzzzzz 43 ~ 160 24 125
TMR 3-7221WIRzzzzzzzz 43 ~ 160 ±5 ±300
TMR 3-7222WIRzzzzzzzz 43 ~ 160 ±12 ±125
TMR 3-7223WIRzzzzzzzz 43 ~ 160 ±15 ±100
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Model Input Range 
(VDC)

Output Voltage 
(VDC)

Output Current  
@Full Load 

(mA) 
TMR 6-2410WIRzzzzzzzz 9 ~ 36 3.3 1500
TMR 6-2411WIRzzzzzzzz 9 ~ 36 5 1200
TMR 6-2419WIRzzzzzzzz 9 ~ 36 9 666
TMR 6-2412WIRzzzzzzzz 9 ~ 36 12 500
TMR 6-2413WIRzzzzzzzz 9 ~ 36 15 400
TMR 6-2415WIRzzzzzzzz 9 ~ 36 24 250
TMR 6-2421WIRzzzzzzzz 9 ~ 36 ±5 ±600
TMR 6-2422WIRzzzzzzzz 9 ~ 36 ±12 ±250
TMR 6-2423WIRzzzzzzzz 9 ~ 36 ±15 ±200
TMR 6-4810WIRzzzzzzzz 18 ~ 75 3.3 1500
TMR 6-4811WIRzzzzzzzz 18 ~ 75 5 1200
TMR 6-4819WIRzzzzzzzz 18 ~ 75 9 666
TMR 6-4812WIRzzzzzzzz 18 ~ 75 12 500
TMR 6-4813WIRzzzzzzzz 18 ~ 75 15 400
TMR 6-4815WIRzzzzzzzz 18 ~ 75 24 250
TMR 6-4821WIRzzzzzzzz 18 ~ 75 ±5 ±600
TMR 6-4822WIRzzzzzzzz 18 ~ 75 ±12 ±250
TMR 6-4823WIRzzzzzzzz 18 ~ 75 ±15 ±200
TMR 6-7210WIRzzzzzzzz 43 ~ 160 3.3 1500
TMR 6-7211WIRzzzzzzzz 43 ~ 160 5 1200
TMR 6-7219WIRzzzzzzzz 43 ~ 160 9 666
TMR 6-7212WIRzzzzzzzz 43 ~ 160 12 500
TMR 6-7213WIRzzzzzzzz 43 ~ 160 15 400
TMR 6-7215WIRzzzzzzzz 43 ~ 160 24 250
TMR 6-7221WIRzzzzzzzz 43 ~ 160 ±5 ±600
TMR 6-7222WIRzzzzzzzz 43 ~ 160 ±12 ±250
TMR 6-7223WIRzzzzzzzz 43 ~ 160 ±15 ±200



Unless otherwise stated the results shown in this test report refer only to the sample(s) tested and such sample(s) are retained for 90 days only. 
90

This document is issued by the Company subject to its General Conditions of Service printed overleaf, available on request or accessible at www.sgs.com/terms_and_conditions.htm and for electronic format 
documents, subject to Terms and Conditions for Electronic Documents at www.sgs.com/terms_e-document.htm. Attention is drawn to the limitation of liability, indemnification and jurisdiction issues defined 
therein. Any holder of this document is advised that information contained hereon reflects the Company’s findings at the time of its intervention only and within the limits of Client’s instructions, if any. The 
Company’s sole responsibility is to its Client and this document does not exonerate parties to a transaction from exercising all their rights and obligations under the transaction documents. This document cannot 
be reproduced except in full, without prior written approval of the Company. Any unauthorized alteration, forgery or falsification of the content or appearance of this document is unlawful and offenders may be 
prosecuted to the fullest extent of the law.

                 SGS Taiwan Ltd. No.134,Wu Kung Road, New Taipei Industrial Park, Wuku District, New Taipei City, Taiwan 24803/ 134

         t (8862) 22993279 f (8862) 22980488 www.tw.sgs.com

  Member of SGS Group

Report No.: MH/2018/A0182
Page: 7 of 68

1.2 Details of EUT 
Power Supply : DC 110V ~ 48V 
Modes/Function : Mode 1: TMR 3-4811WIR + Test Board (Class A) 

Mode 2: TMR 3-4811WIR + Test Board (Class B) 
Mode 3: TMR 6-4811WIR + Test Board (Class A) 
Mode 4: TMR 6-4811WIR + Test Board (Class B) 
Mode 5: TMR 6-7211WIR + Test Board (Class A) 
Mode 6: TMR 6-7211WIR + Test Board (Class B) 

Highest operate description : <108MHz

1.3 Description of Support Units 
PRODUCT MANUFACTURER MODEL NO. SERIAL NO. 

Battery YUASA SMF55B24L(S) ST-CLN159 
Meter electric N/A N/A N/A 

LOAD N/A N/A N/A 

Support Equipment Used in Tested Cable 
Cable Type Core Length Shielding/Non-shielding 
Power Cable N/A 1.8M Non-shielding

1.4 Operation Procedure 
Mode 1, 2 
1. Connect the EUT to LOAD (DC5V, 0.6A, 8.33ohm) and connect to the DC 48V. 
2. Start the test. 

Mode 3, 4 
1. Connect the EUT to LOAD (DC5V, 1.2A, 4.16ohm) and connect to the DC 48V. 
2. Start the test. 

Mode 5, 6 
1. Connect the EUT to LOAD (DC5V, 1.2A, 4.16ohm) and connect to DC 110V  

power on. 
2. Start the test. 
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1.5 The worst case of the EUT  
EUT will be carried out in the worst case as followings: 

Worst Case
CE Mode 1 ~ 6 
ISN N/A
RE Mode 1 ~ 6 

1.6 Modification List 

No modification by SGS Taiwan Electronics & Communication Laboratory. 

1.7 Configuration of Tested System 

Mode 1 ~ 6 (EMI) 

Mode 6  

1.8 Accessories Cable List 
Cable Type Core Length Shielding/Non-shielding

N/A N/A N/A N/A 

LOAD EUT Battery

Multi-Meter

LOAD EUT Battery
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1.9 Summary of Results 
Highest Emission 

Standard Test Type Result Phase/Pol.Frequency(MHz) Margin(dB)

EN 55022 : 2010  
(Class A, Class B) 

Conducted Emission Pass Line 0.2940 -46.70  (QP) 
Neutral 0.2940 -46.12  (QP) 

Radiated Emission Pass Ver. 57.6930 -10.03  (QP) 

Immunity
Standard Test Type Result Performance Criteria Test Judgment 

EN 61000-4-2:2009 ESD test PASS Criterion B Meets the requirements of 
Performance Criterion A 

EN 61000-4-3:2006 
+A1:2008
+A2:2010

RS test PASS Criterion A Meets the requirements of 
Performance Criterion A 

EN 61000-4-4:2012 EFT test PASS Criterion B Meets the requirements of 
Performance Criterion A 

EN 61000-4-5:2014 Surge test PASS Criterion B Meets the requirements of 
Performance Criterion A 

EN 61000-4-6:2014 CS Test PASS Criterion A Meets the requirements of 
Performance Criterion A 

IEC 61000-4-8:2009 PMF test PASS Criterion A Meets the requirements of 
Performance Criterion A 

IEC 61000-4-11:2004 DIP Test N/A Criterion C/C/B Meets the requirements of 
Performance Criterion N/A 

Remark:
EFT / Surge: Add external components when test. 
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2.Radio Disturbance 
EN 55022 : 2010 

2.1 Test Results 
EN 55022 (Class A, Class B) Result 

Conducted Emission PASS
Radiated Emission PASS
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2.2 Limit 
Maximum permissible level of Line Conducted Emission 

Maximum permissible level of Radiated Emission measured at 10 meter 
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2.3 Methods and Procedures 

Standard Edition Description 

EN 55022 2010 
Information technology equipment - 
Radio disturbance characteristics - 
Limits and methods of measurement 

2.4. Test of Conducted Emission 

2.4.1 Test Instruments 
SGS Conducted_Emission HWAYA Conducted Room No.B_EMC 

EQUIPMENT
TYPE Manufacturer Model Number Serial Number Calibration

Date Calibration Due 

EMI Test 
Receiver R&S ESCI 3 101300 2017/11/1 2018/10/31

Coaxial Cable 
EMC

Instruments 
Corp.

EMC5D-BM-BM-3000 1401004 2018/5/25 2019/5/24

LISN TESEQ NNB 51 36061 2018/2/26 2019/2/25
Pulse Limiter R&S ESH3Z2 102099 2018/6/8 2019/6/7

LISN TESEQ NNB 51 36062 2018/3/30 2019/3/29
Test S/W Farad EZ-EMC Ver. SGS-03A2 N.C.R. N.C.R. 

SGS Taiwan LTD. Electronics & Communication Laboratory 
No.2, Keji 1st Rd., Guishan Dist., Taoyuan City 333, Taiwan (R.O.C.) 
Measurement Uncertainty of Conducted Emission 
Expanded uncertainty Ulab (K=2) of conducted emission is 2.25 dB 
Theory values uncertainty Ucispr 16-4-2:2011+A1:2014 (K=2) of AC mains Conducted Emission is 3.44dB  

2.4.2 Measurement Level Calculation: 
Factor = LISN insertion loss + Cable loss + Pulse Limiter Insertion Loss 
Measurement Level = Reading Level + Factor 
Over (Margin) = Measurement Level – Limit 

2.4.3 EUT Operating Condition 
Environment : 

Temperature Humidity 
20 °C 48 %RH 

Test setup : Please refer to photo of CE testing set-up 
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2.4.4 Measurement Data(CE) 

Model No.: TMR 3-4811WIR 
Mode_1_L
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Model No.: TMR 3-4811WIR 
Mode_2_L
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Model No.: TMR 6-4811WIR 
Mode_3_L
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Model No.: TMR 6-4811WIR 
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Model No.: TMR 6-7211WIR 
Mode_5_L
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Model No.: TMR 6-7211WIR 
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2.5 Test of Radiated Emission 

2.5.1 Test Instruments 
SGS Radiated_Below_1GHz HWAYA 10m_EMC 

EQUIPMENT
TYPE Manufacturer Model Number Serial

Number
Calibration

Date
Calibration

Due
EMI Test Receiver R&S ESCI 7 100950 2017/12/12 2018/12/11
EMI Test Receiver R&S ESCI 3 101343 2018/1/31 2019/1/30

Broadband
Antenna SCHWAZBECK VULB9168 9168-628 2017/9/8 2018/9/7

Broadband
Antenna SCHWAZBECK VULB9168 9168-629 2017/9/12 2018/9/11

Pre Amplifier EMC Instruments Corp. EMC330 980178 2018/3/31 2019/3/30
Pre Amplifier EMC Instruments Corp. EMC330 980179 2018/3/31 2019/3/30
Coaxial Cable EMC Instruments EMCCFD400-NM-NM 150917 2017/9/18 2018/9/17
Coaxial Cable EMC Instruments EMCCFD400-NM-NM 150919 2017/9/18 2018/9/17
Coaxial Cable EMC Instruments EMCCFD400-NM-NM 150820 2017/9/18 2018/9/17
Coaxial Cable EMC Instruments EMCCFD400-NM-NM 150918 2017/9/18 2018/9/17
Coaxial Cable EMC Instruments EMCCFD400-NM-NM 150821 2017/9/18 2018/9/17
Coaxial Cable EMC Instruments EMCCFD400-NM-NM 150822 2017/9/18 2018/9/17

Controller MF MF-7802 N/A N.C.R. N.C.R. 
Controller MF MF-7802 N/A N.C.R. N.C.R. 

Antenna Master MF N/A N/A N.C.R. N.C.R. 
Antenna Master MF N/A N/A N.C.R. N.C.R. 
Antenna Master MF N/A N/A N.C.R. N.C.R. 

Turn Table MF N/A N/A N.C.R. N.C.R. 
Site NSA Chance Most 10M Chamber 10M SAC 2017/12/31 2018/12/30

Test S/W Farad EZ-EMC Ver.
SGS-03A2 N.C.R. N.C.R. 

SGS Taiwan LTD. Electronics & Communication Laboratory 
No.2, Keji 1st Rd., Guishan Dist., Taoyuan City 333, Taiwan (R.O.C.) 
Measurement Uncertainty of Radiated Emission 
Expanded uncertainty Ulab (K=2) of radiated emission is 4.09 dB. (30MHz ~ 1000MHz) 
Theory values uncertainty Ucispr 16-4-2:2011+A1:2014 (K=2) of radiated emission is 5.22 dB. (30MHz ~ 1000MHz) 

2.5.2 Measurement Level Calculation: 
Factor = Antenna Factor + Cable Loss – Amplifier Gain 
Measurement Level = Reading Level + Factor 
Over (Margin) = Measurement Level – Limit 

2.5.3 EUT Operating Condition 
Environment : 

Temperature Humidity 
20 °C 52 %RH 

Test setup : Please refer to photo of RE testing set-up 
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2.5.4 Measurement Data 
Model No.: TMR 3-4811WIR 

Mode_1_H
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3.IMMUNITY
EN 50121-3-2 : 2016

3.1 Test Results 
Test Standard Performance Criteria Result

EN 61000-4-2:2009 B PASS 
EN 61000-4-3:2006+A1:2008+A2:2010 A PASS 
EN 61000-4-4:2012 B PASS 
EN 61000-4-5:2014 B PASS 
EN 61000-4-6:2014 A PASS 
IEC 61000-4-8:2009 A PASS 
IEC 61000-4-11:2004 C/C/B N/A 

3.2 Performance Criteria Description 
Performance criterion A: The apparatus shall continue to operate as intended during and after the test. 

No degradation of performance or loss of function is allowed below a 
performance level specified by the manufacturer, when the apparatus is used 
as intended. The performance level may be replaced by a permissible loss of 
performance. If the minimum performance level or the permissible 
performance loss is not specified by the manufacturer, either of these may be 
derived from the product description and documentation, and from what the 
user may reasonably expect from the apparatus if used as intended. 

Performance criterion B: The apparatus shall continue to operate as intended after the test. No 
degradation of performance or loss of function is allowed below a performance 
level specified by the manufacturer, when the apparatus is used as intended. 
The performance level may be replaced by a permissible loss of performance. 
During the test, degradation of performance is however allowed. No change of 
actual operating state or stored data is allowed. If the minimum performance 
level or the permissible performance loss is not specified by the manufacturer, 
either of these may be derived from the product description and documentation, 
and from what the user may reasonably expect from the apparatus if used as 
intended.

Performance criterion C: Temporary loss of function is allowed, provided the function is selfrecoverable 
or can be restored by the operation of the controls. 
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3.3 Test of EN 61000-4-2 

3.3.1 Methods and Procedures 
Standard Edition Description 

EN 61000-4-2 2009 Electrostatic Discharge (ESD) 

3.3.2 Test Instruments 
SGS ESD EN61000-4-2 HwaYa No.2_EMC 

EQUIPMENT
TYPE Manufacturer Model Number Serial Number Calibration Date Calibration Due 

ESD Simulator Thermo MiniZap 612312 2018/6/22 2019/6/21
HCP N/A 1.6 x 0.8 m N/A N.C.R. N.C.R. 
VCP N/A 0.5 x 0.5 m N/A N.C.R. N.C.R. 

SGS Taiwan LTD. Electronics & Communication Laboratory 
No.2, Keji 1st Rd., Guishan Dist., Taoyuan City 333, Taiwan (R.O.C.) 

3.3.4 EUT Operating Condition 
Environment : 

Temperature Humidity 
21 °C 45 %RH 

Test setup : Please refer to photo of ESD testing set-up 
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3.3.5 Results of Electrostatic Discharge Test (ESD) 
Model No.:TMR 6-7211WIR 
Test Mode  : Mode 6 
Basic Standard  : EN 61000-4-2 
Discharge Impedance : 330 ohm / 150 pF 
Discharge Voltage  : Air Discharge : +2, 4, 8 KV 

    Contact Discharge : +2, 4, 6 kV 
    HCP/VCP : +2, 4, 6 kV 

Polarity  : Positive/Negative
Number of Discharge : 10 times at each test point 
Discharge Mode  : Single Discharge 
Discharge Period  : 1 second 

A. Observations :
Test points: N/A 

Direct Application Test Results 
Discharge
Level (kV) 

Polarity
(+/-) Test Point Contact Discharge Air Discharge 

2, 4, 8(Air.) +/- N/A N/A A*
2, 4, 6(Cont.) +/- N/A A* N/A
Remark: A : No degradation of performance or loss of function. 

*No any discharge events occurred on the test. 
N/A : Not Applicable. 

B. Observations : 
Test points: 1. Front side. 2. Rear side. 3. Left side. 4. Right side.

Indirect Application Test Results 
Discharge

Level
(kV)

Polarity
(+/-) Test Point Horizontal Coupling Vertical

Coupling

2, 4, 6 +/- 1~4 A A
Remark: A : No degradation of performance or loss of function. 

N/A : Not Applicable. 
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3.4 Test of EN 61000-4-3 

3.4.1 Methods and Procedures 
Standard Edition Description 

EN 61000-4-3 2006+A1:2008
+A2:2010

Radio-Frequency Electromagnetic Field 
Susceptibility Test, RS 

3.4.2 Test Instruments 
SGS RS EN61000-4-3 HWAYA SAC-F_EMC 

EQUIPMENT
TYPE Manufacturer Model Number Serial Number Calibration Date Calibration Due 

Semi Anechoic 
Chamber RS 16 

grid points 
Chance Most 8x5X3 SAC-F 2018/4/7 2019/4/6

Signal Generator R&S SMJ 100A 101258 2017/9/7 2018/9/6
Power Sensor R&S NRP-Z11 112186 2018/3/27 2019/3/26
Power Sensor R&S NRP-Z11 111682 2018/4/10 2019/4/9

Power Amplifier R&S BBA100 101075 N.C.R. N.C.R. 
Power Amplifier R&S BBA100 101021 N.C.R. N.C.R. 
Power Amplifier R&S BBA150 102229 N.C.R. N.C.R. 

High Gain 
Log-Periodic

Antenna
R&S HL046E 100112 N.C.R. N.C.R. 

Calibrated
Broadband

Log-Per.
Test-Antenna

SCHWARZBECK STLP 9149 9149-151 N.C.R. N.C.R. 

EMC Field 
Probes Narda NBM-550 F-0375 2018/2/22 2019/2/21

Test Software R&S EMC 32 V10.20.01 N.C.R. N.C.R. 
SGS Taiwan LTD. Electronics & Communication Laboratory 
No.2, Keji 1st Rd., Guishan Dist., Taoyuan City 333, Taiwan (R.O.C.) 

3.4.3 EUT Operating Condition 
Environment : 

Temperature Humidity 
21 °C 45 %RH 

Test setup : Please refer to photo of RS testing set-up 
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3.4.4 Results of Radiated Radio Frequency Electromagnetic (RS) 
Model No.:TMR 6-7211WIR 
Test Mode : Mode 6 
Basic Standard : EN 61000-4-3 
Frequency range : 80 MHz - 1000 MHz, 1400 MHz - 2000 MHz, 

2000 MHz - 2700 MHz, 5100MHz - 6000 MHz 
Field strength : 20 V/m 
Modulation : 80% AM , 1KHz Sinewave 
Frequency step : 1 % of fundamental 
Polarity of Antenna : Horizontal and Vertical 
Dwell Time : 3 seconds 
Test distance : 3 m 

No. Frequency 
(MHz)

Antenna
Orientation

Observation EUT 
Orientation

1 80 - 1000 Vertical/Horizontal A 0 degree 
2 80 - 1000 Vertical/Horizontal A 90 degree 
3 80 - 1000 Vertical/Horizontal A 180 degree 
4 80 - 1000 Vertical/Horizontal A 270 degree 

No. Frequency 
(MHz)

Antenna
Orientation

Observation EUT 
Orientation

5 1400 - 2000 Vertical/Horizontal A 0 degree 
6 1400 - 2000 Vertical/Horizontal A 90 degree 
7 1400 - 2000 Vertical/Horizontal A 180 degree 
8 1400 - 2000 Vertical/Horizontal A 270 degree 

No. Frequency 
(MHz)

Antenna
Orientation

Observation EUT 
Orientation

9 2000 - 2700 Vertical/Horizontal A 0 degree 
10 2000 - 2700 Vertical/Horizontal A 90 degree 
11 2000 - 2700 Vertical/Horizontal A 180 degree 
12 2000 - 2700 Vertical/Horizontal A 270 degree 

No. Frequency 
(MHz)

Antenna
Orientation

Observation EUT 
Orientation

10 5100 - 6000 Vertical/Horizontal A 0 degree 
11 5100 - 6000 Vertical/Horizontal A 90 degree 
12 5100 - 6000 Vertical/Horizontal A 180 degree 
13 5100 - 6000 Vertical/Horizontal A 270 degree 

Remark: A : No degradation of performance or loss of function. 
N/A : Not Applicable. 
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3.5 Test of EN 61000-4-4 

3.5.1 Methods and Procedures 
Standard Edition Description 

EN 61000-4-4 2012 Electrical fast transient/burst requirements 

3.5.2 Test Instruments 
SGS EFT EN61000-4-4 HwaYa No.2_EMC 

EQUIPMENT
TYPE Manufacturer Model Number Serial Number Calibration Date Calibration Due 

Burst Generator TESEQ NSG3060 1763 2018/5/7 2019/5/6
EFT Clamp Thermo CCL 612359 2017/12/21 2018/12/20

SGS Taiwan LTD. Electronics & Communication Laboratory 
No.2, Keji 1st Rd., Guishan Dist., Taoyuan City 333, Taiwan (R.O.C.) 

3.5.3 EUT Operating Condition 
Environment : 

Temperature Humidity 
21 °C 45 %RH 

Test setup : Please refer to photo of EFT testing set-up 
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3.5.4 Results of Electrical Fast Transient (EFT) 
Model No.:TMR 6-7211WIR 
Test Mode : Mode 6 
Basic Standard : EN 61000-4-4 
Test Voltage : AC Input/Output :  1 kV,  

DC Input/Output :  2 kV, Signal port :  0.5 kV 
Signal/Comm.  : + 0.5 kV 
Polarity : Positive/Negative
Impulse Frequency : 5 kHz 
Tr/Tn : 5/50ns
Burst : 15ms/300ms
Observation : 

Test Point Polarity Test Level (kV) Results 
L +/- 1 N/A 
N +/- 1 N/A 

L-N +/- 1 N/A 
L-N-PE +/- 1 N/A 

DC Input +/- 2 A
Signal/Comm. +/- 0.5 N/A 

Remark: A : No degradation of performance or loss of function.
N/A : Not Applicable. 
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3.6 Test of EN 61000-4-5 

3.6.1 Methods and Procedures 
Standard Edition Description 

EN 61000-4-5 2014 Surge immunity test 

3.6.2 Test Instruments 
SGS Surge EN61000-4-5 HwaYa No.2_EMC 

EQUIPMENT
TYPE Manufacturer Model Number Serial Number Calibration Date Calibration Due 

Surge Tester TESEQ NSG3060 1763 2018/5/7 2019/5/6
Surge Tester TESEQ NSG3060 1976 2018/5/7 2019/5/6
Surge Tester TESEQ CDN3061 1541 2018/5/7 2019/5/6

Universal Surge 
CDN EMC Partner CDN-UTP8 CDN-UTP8-1502 2018/5/8 2019/5/7

SGS Taiwan LTD. Electronics & Communication Laboratory 
No.2, Keji 1st Rd., Guishan Dist., Taoyuan City 333, Taiwan (R.O.C.) 

3.6.3 EUT Operating Condition 
Environment : 

Temperature Humidity 
21 °C 45 %RH 

Test setup : Please refer to photo of SURGE testing set-up 
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3.6.5 Results of Surge Test 
Model No.:TMR 6-7211WIR 
Test Mode : Mode 6 
Test Rate : 1 pulse every minute 
No. of Tests : 5 positive and 5 negative pulses 
Observation Description 

AC input line: 

Test Point Phase Angle (degree) Polarity (+/-) Test Level 
(kV) Observation

L – N 0, 90, 180, 270 +/- 1 N/A 
L – PE 0, 90, 180, 270 +/- 2 N/A 
N – PE 0, 90, 180, 270 +/- 2 N/A 

Remark: N/A : Not Applicable. 

DC input line: 

Test Point Phase Angle (degree) Polarity (+/-) Test Level 
(kV) Observation

DC input No phase angle 
(degree) +/- 2 A 

Remark: A : No degradation of performance or loss of function. 
N/A : Not Applicable. 

Signal line: 
Test Rate : 1 pulse every minute 
No. of Tests : 5 positive and 5 negative pulses 
Waveform : 10/700 s
Observation Description
Signal line: 

Test Point Phase Angle (degree) Polarity (+/-) Test Level 
(kV) Observation

Signal I/O No phase angle 
(degree) +/- 1 N/A 

Remark: N/A : Not Applicable. 
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3.7 Test of EN 61000-4-6 

3.7.1 Methods and Procedures 
Standard Edition Description 

EN 61000-4-6 2014 Immunity to conducted disturbances, 
induced by radio-frequency fields. 

3.7.2 Test Instruments 
SGS CS EN61000-4-6 HWAYA SR-D_EMC 

EQUIPMENT
TYPE Manufacturer Model Number Serial Number Calibration Date Calibration Due 

Signal Generator R&S SMC100A 102920 2018/5/14 2019/5/13
Power Sensor R&S NRVD 837794/029 2017/8/10 2018/8/9
Power Sensor R&S URV5-Z2 835640/015 2017/8/10 2018/8/9
Power Sensor R&S URV5-Z2 835640/016 2017/8/10 2018/8/9

Dual Directional 
Coupler OSR C21A8 33 N.C.R. N.C.R. 

Conducted
Immunity System Frankonia CIT-10 102D3226 N.C.R. N.C.R. 

CDN TESEQ CDN M016 35853 2018/1/31 2019/1/30
CDN TESEQ CDN M116 37673 2018/4/26 2019/4/25
CDN TESEQ CDN ST08A 30191 2018/2/14 2019/2/13

Test Software ar emcware V3.4.0 N.C.R. N.C.R. 
SGS Taiwan LTD. Electronics & Communication Laboratory 
No.2, Keji 1st Rd., Guishan Dist., Taoyuan City 333, Taiwan (R.O.C.) 

3.7.3 EUT Operating Condition 
Environment : 

Temperature Humidity 
21 °C 45 %RH 

Test setup : Please refer to photo of CS testing set-up 
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3.7.4 Results of Immunity to Conducted Disturbances (CS) 
Model No.:TMR 6-7211WIR 
Test Mode : Mode 6 
Basic Standard : EN 61000-4-6 
Frequency range : 0.15 MHz - 80 MHz 
Field strength : 10 V/rms 
Modulation : 80% AM, 1 kHz Sinewave 
Frequency step : 1 % of fundamental 
Dwell Time : 3 seconds 
Coupling Method : CDN 2 Lines 

Cable Description Frequency (MHz) Observation 
AC input 0.15 – 80 N/A
DC input 0.15 – 80 A

Signal Ports 
Cable Description Frequency (MHz) Observation 

Signal/Comm. 0.15 – 80 N/A
Remark: A : No degradation of performance or loss of function. 

N/A : Not Applicable.
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3.8 Test of IEC 61000-4-8 

3.8.1 Methods and Procedures 
Standard Edition Description 

IEC
61000-4-8 2009 Power Frequency Magnetic Field Immunity Test 

3.8.2 Test Instruments 
SGS PFMF EN61000-4-8 HWAYA_EMC 

EQUIPMENT
TYPE Manufacturer Model Number Serial Number Calibration Date Calibration Due 

Magnetic Field 
Generator Narda S.T.S. PMM 1008 0100X30601 2017/11/21 2018/11/20

AC CLAMP 
METER

CHAUVIN
ARNOUX 96 12002769 2017/9/4 2018/9/3

Triax Elf 
Magnetic Field 

Meter
F.W. BELL 4180 1248004 2017/7/20 2018/7/19

SGS Taiwan LTD. Electronics & Communication Laboratory 
No.2, Keji 1st Rd., Guishan Dist., Taoyuan City 333, Taiwan (R.O.C.) 

3.8.3EUT Operating Condition 
Environment : 

Temperature Humidity 
21 °C 45 %RH 

Test setup : Please refer to photo of PMF testing set-up 

3.8.4 Result of Immunity to power Frequency Magnetic 
Model No.:TMR 6-7211WIR 
Test Mode  : Mode 6 
Basic Standard   : IEC 61000-4-8 : 2009 
Power Frequency : 50/60 Hz 
Magnetic Field    : 100 A/m(r.m.s), 1000 A/m(r.m.s)  
Coil Orientation   : X, Y, Z Axis 
Observation  : A 

Remark: A : No degradation of performance or loss of function. 
N/A : Not Applicable.
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3.9 Test of IEC 61000-4-11 

3.9.1 Methods and Procedures 
Standard Edition Description 

IEC
61000-4-11 2004 Voltage dips, short interruptions and 

voltage variations immunity tests 

3.9.2 Test Instruments 
SGS DIP EN61000-4-11 HwaYa No.2_EMC 

EQUIPMENT
TYPE Manufacturer Model Number Serial Number Calibration Date Calibration Due 

EMS Multi-Tester TESEQ INA 6502 209 2018/5/7 2019/5/6
EMS Multi-Tester TESEQ NSG3060 1763 2018/5/7 2019/5/6
SGS Taiwan LTD. Electronics & Communication Laboratory 
No.2, Keji 1st Rd., Guishan Dist., Taoyuan City 333, Taiwan (R.O.C.) 

3.9.3 EUT Operating Condition 
Environment : 

Temperature Humidity 
N/A °C N/A %RH 

Test setup : Please refer to photo of DIP testing set-up 
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3.9.4 Results of Voltage Dips Immunity Test 
Test Mode  : N/A 
EUT Rated Voltage : 230 Volts. 
Reduction Voltage : 30, >95 % Ut 
Phase Angle  : 0,180 degree 
Total events  : 3 dropouts 
Event interval     : 10 seconds 

Environmental
phenomena

Test specification 
(% reduction) 

Duration (in 
periods of the 

rated frequency) 
Observation

Voltage Interruptions >95 250 N/A

Voltage dips 
>95 0.5 N/A 
30 25 N/A 

Remark: N/A : Not Applicable. 



Unless otherwise stated the results shown in this test report refer only to the sample(s) tested and such sample(s) are retained for 90 days only. 
90

This document is issued by the Company subject to its General Conditions of Service printed overleaf, available on request or accessible at www.sgs.com/terms_and_conditions.htm and for electronic format 
documents, subject to Terms and Conditions for Electronic Documents at www.sgs.com/terms_e-document.htm. Attention is drawn to the limitation of liability, indemnification and jurisdiction issues defined 
therein. Any holder of this document is advised that information contained hereon reflects the Company’s findings at the time of its intervention only and within the limits of Client’s instructions, if any. The 
Company’s sole responsibility is to its Client and this document does not exonerate parties to a transaction from exercising all their rights and obligations under the transaction documents. This document cannot 
be reproduced except in full, without prior written approval of the Company. Any unauthorized alteration, forgery or falsification of the content or appearance of this document is unlawful and offenders may be 
prosecuted to the fullest extent of the law.

                 SGS Taiwan Ltd. No.134,Wu Kung Road, New Taipei Industrial Park, Wuku District, New Taipei City, Taiwan 24803/ 134

         t (8862) 22993279 f (8862) 22980488 www.tw.sgs.com

  Member of SGS Group

Report No.: MH/2018/A0182
Page: 52 of 68

Photograph of Testing General Set-up 
CE Testing Set-up 

Model No.: TMR 3-4811WIR 
Mode_1_+

Mode_1_-
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Model No.: TMR 3-4811WIR 
Mode_2_+

Mode_2_-
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Model No.: TMR 6-4811WIR 
Mode_3_+

Mode_3_-
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Model No.: TMR 6-4811WIR 
Mode_4_+

Mode_4_-
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Model No.: TMR 6-7211WIR 
Mode_5_+

Mode_5_-
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Model No.: TMR 6-7211WIR 
Mode_6_+

Mode_6_-



Unless otherwise stated the results shown in this test report refer only to the sample(s) tested and such sample(s) are retained for 90 days only. 
90

This document is issued by the Company subject to its General Conditions of Service printed overleaf, available on request or accessible at www.sgs.com/terms_and_conditions.htm and for electronic format 
documents, subject to Terms and Conditions for Electronic Documents at www.sgs.com/terms_e-document.htm. Attention is drawn to the limitation of liability, indemnification and jurisdiction issues defined 
therein. Any holder of this document is advised that information contained hereon reflects the Company’s findings at the time of its intervention only and within the limits of Client’s instructions, if any. The 
Company’s sole responsibility is to its Client and this document does not exonerate parties to a transaction from exercising all their rights and obligations under the transaction documents. This document cannot 
be reproduced except in full, without prior written approval of the Company. Any unauthorized alteration, forgery or falsification of the content or appearance of this document is unlawful and offenders may be 
prosecuted to the fullest extent of the law.

                 SGS Taiwan Ltd. No.134,Wu Kung Road, New Taipei Industrial Park, Wuku District, New Taipei City, Taiwan 24803/ 134

         t (8862) 22993279 f (8862) 22980488 www.tw.sgs.com

  Member of SGS Group

Report No.: MH/2018/A0182
Page: 58 of 68

RE Testing Set-up 
Below 1GHz 

Model No.: TMR 3-4811WIR 
Mode_1_+

Mode_1_-
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Model No.: TMR 3-4811WIR 
Mode_2_+

Mode_2_-
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Model No.: TMR 6-4811WIR 
Mode_3_+

Mode_3_-
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'�a��:;<;v�BC=B�wE?@CWGEC�������������������#�����������������#����e��r�c�c������� :;<;<�BC=B�EC=GxB=�BQ]PQTUVXTQ��r'�y� >X]YmYVO rc'az�̂ �wTQ\\XTQ� ����'������ BQ\V�nO� o����������������������!��&�%�'"���q�`��{��������BQ\V�EQ\XSV\� wR==��



�����������	�
���������������������������������������

����������������������������������� �������	�!!"�#������������#����������$�!��	�����%����&'�()*+,(-./01234256789�

�:;<;=�>?@>�ABC>C� DE�F ��������G������HIJKL�MNOPQ� RSTU�HVWP� XTJKL�HVYPQ Z[\]^S_Q� [̀a[[�bcde� fgSbP�MVbPQ ha][[[d�ijTdP�kjgSlVJWQ� m[�bd� nMQ [a[[[m\h�d�ojggPWl�TPpPTQ� [�nX� ojggPWl�ijTdPdQ qkPbSWn�OPSLQ� [̀a[[[�bcde rjlOjl�OjTdPdQ hZoJWlgJT�OPSLQ� Z\amm\�bcde sPbSVW�OjTdPdQ [kSlS�tSd�dSpPn�Sd�UVTP�Sl�lVbPQ�� e[huvqvmhŵ �[\QmuQme�
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��
����



�����������	�
���������������������������������������

��������������������� �������������!�������	�""#�$������������$����������%�"��	�����&����'(�)*+,-)./01234536789:�
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c(�h(���r"�����'��������'���l� ������������ l� ������g�����������"��'�&s(#���t� lg����lj� ��
c(��(�
�������������� �ut� �����v� ��
c(��(�h��;<=<w�CFGC�xADpFbZAF������������������$����������������$����r��d
������
��� ;<=<y�CFGC�AFGZzCG�COJoÔMNK̂O��d(
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TMR 3 - Recommended external EMI filter for EN50155 

 

  
Single Output Dual Output 

 

 

MODEL C1 C2、C3 L1 

TMR 3-24WIRzzzzzzzz 10μF/50V                 
1210 MLCC 

1000pF/3kV             
1808 MLCC 22μH, TCK-149 

TMR 3-48WIRzzzzzzzz 4.7μF/100V            
1210 MLCC 

1000pF/3kV             
1808 MLCC 68μH, TCK-150 

TMR 3-72WIRzzzzzzzz 0.68μF/250V                 
1210 MLCC 

1000pF/3kV             
1808 MLCC 150μH, TCK-161 

                                         Table 1  B.O.M. of External EMI Filter        

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 



    TMR 6 - Recommended external EMI filter for EN50155 

                

  

Single Output Dual Output 

 

MODEL C1 C2、C3、C4 L1 

TMR 6-24WIRzzzzzzzz 10μF/50V                 
1210 MLCC 

1000pF/3kV             
1808 MLCC 

22μH, 
TCK-149 

TMR 6-48WIRzzzzzzzz 4.7μF/100V                 
1210 MLCC 

1000pF/3kV             
1808 MLCC 

68μH, 
TCK-150 

 
Table 1  B.O.M. of External EMI Filter 

      

  

Single Output Dual Output 

 
MODEL C1 C2、C3、C4 L1 

TMR 6-72WIRzzzzzzzz 0.68μF/250V          
1210 MLCC 

1000pF/3kV             
1808 MLCC 

150μH, 
TCK-161 

                                            Table 1  B.O.M. of External EMI Filter 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 



 

 

EFT / Surge: Add external components when test. 

 

Surge  MODEL : 

TMR 6-7211WIR 

 
Fast transient 

With an aluminum electrolytic capacitor (Nippon chemi-con KXJ 

series, 150μF/200V) and a TVS (SMB250A, 250V, 600Watt peak 

pulse power) to connect in parallel. 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 



 

EN50155 C2： 

 

 

Model Series Nominal Voltage C2 (Capacitor) 

24 Vin 690uF 

48 Vin 180uF 

72 Vin 100uF 

96 Vin 47uF 

TMR 3 

110 Vin 33uF 

24 Vin 1300uF 

48 Vin 330uF 

72 Vin 200uF 

96 Vin 90uF 

TMR 6 

110 Vin 68uF 



EN50155 S2： 

 

 

Model Series Nominal Voltage S2 (DIODE) S2 (Capacitor) 

24 Vin 230uF 

48 Vin 60uF 

72 Vin 33uF 

96 Vin 16uF 

TMR 3 

110 Vin 

Input voltage range： 

9 ~ 36V：NA03QSA065 

18 ~ 75V：NA03HSA12 

43V ~ 160V：NA03HA20 

12uF 

24 Vin 440uF 

48 Vin 110uF 

72 Vin 68uF 

96 Vin 30uF 

TMR 6 

110 Vin 

Input voltage range： 

9 ~ 36V：NA03QSA065 

18 ~ 75V：NA03HSA12 

43V ~ 160V：NA03HA20 

22uF 

 



EN50155 S3： 

 

 

Model Series Nominal Voltage S3 (DIODE) S3 (Capacitor) 

24 Vin 470uF 

48 Vin 150uF 

72 Vin 68uF 

96 Vin 33uF 

TMR 3 

110 Vin 

Input voltage range： 

9 ~ 36V：NA03QSA065 

18 ~ 75V：NA03HSA12 

43V ~ 160V：NA03HA20 

22uF 

24 Vin 1000uF 

48 Vin 220uF 

72 Vin 150uF 

96 Vin 68uF 

TMR 6 

110 Vin 

Input voltage range： 

9 ~ 36V：NA03QSA065 

18 ~ 75V：NA03HSA12 

43V ~ 160V：NA03HA20 

47uF 

 



NA03HA20 

VRRM IF VF 

200V 3A 0.9V 

LOW Vin  

FORWARD POWER DISSIPATION 

IFSM 

(Half Sine Wave, 1cycle,Non-repetitive) 

0.1W ( LOW Vin ) 110A 

 

NA03HSA12 

VRRM IF VF 

120V 3A 0.86V 

LOW Vin  

FORWARD POWER DISSIPATION 

IFSM 

(Half Sine Wave, 1cycle,Non-repetitive) 

0.2W ( LOW Vin ) 60A 

 

NA03QSA065 

VRRM IF VF 

65V 3A 0.63V 

LOW Vin  

FORWARD POWER DISSIPATION 

IFSM 

(Half Sine Wave, 1cycle,Non-repetitive) 

0.4W ( LOW Vin ) 60A 

 

 


