Il TRACO POWER

DC/DC Converter

EMI Consideration

TEL 12 Series

Suggested filter to comply with EN 55032 Radiated Emissions Class A, EFT & Surge

Single output models
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Model Cc1,C2 L1 C3,C6 C4,C5
. 560 uF / 50V 10uH/2.2A/7100Q ) 1000 pF / 2 kV
[EL a2 chemi-con KY 74477410 1808 X7R
. 560 uF / 50V 10pH/2.2A7100Q ) 1000 pF / 2 kV
[N 228 chemi-con KY 74477410 1808 X7R
g 470 yF / 50V 10uH/2.2A/7100Q ) 1000 pF / 2 kV
U2 AL b chemi-con KY 74477410 1808 X7R
g 470 yF / 50V 10pH/2.2A ) 1000 pF / 2 kV
U250 23 chemi-con KY 74477410 1808 X7R
Model C1,C2 L1 L2 C3,C4 C5,C6
TEL 12-481x 150 yF 7/ 50V 56 yH/0.77A/420Q | 30puH/ 1.4 A/ 40 mQ 1000 pF /7 2 kV 680 pF / 2 kV
chemi-con KY 744774156 744273222 1808 X7R 1808 X7R
TEL 12-482x 150 yF 7/ 50V 56 yH/0.77A/420Q | 30uH/ 1.4 A/ 40 mQ 100 pF /7 2 kV 680 pF / 2 kV
chemi-con KY 744774156 744273222 1808 X7R 1808 X7R
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Il TRACO POWER

Suggested filter to comply with EN 55032 Conducted and Radiated Emissions Class B, EFT & Surge

Single output models
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Dual output models
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Suggested components to comply with EN 55032 Conducted and Radiated Emissions Class B, EFT & Surge

Model c1,c2 L1,L2 L3 C3,C8,C9 C4,C5 C6,C7
TEL 12-121x | BBOWMF/50V | 10uH/2.2A/78mQ | 7.5uH /3 A/ 26 mQ ] 680 pF / 2 KV ]
chemi-con KY 74477410 SH-302 1808 X7R
TEL 12-129x | BBOMF/50V | 10uH/2.2A/78mQ | 7.5uH /3 A/ 26 mQ ] ] 680 pF / 2 kV
chemi-con KY 74477410 SH-302 1808 X7R
TEL 12-241x | A7OMF/50V | 10uH/2.2A/78mQ | 7.5uH/3 A/ 26 mQ ] 680 pF / 2 kV ]
chemi-con KY 74477410 SH-302 1808 X7R
TEL 12-242x | A7OWF/50V | 10uH/2.2A/78mQ | 7.5uH /3 A/ 26 mQ ] ] 680 pF / 2 kV
chemi-con KY 74477410 SH-302 1808 X7R
Model c1,c2 L1,L2 L3 C3,C7 ca c5 c6 c8,C9
900 uF / 100V | OB MH/OTTA | 14 UH/4A | 355y o0 /3y 470 pF / 2KV | 330 pF /3 KV
EER2EE X hemi-con KY 298 m() 15 mQ 1808 X7R . 1808 X7R 1808 X7R .
chemi-con 744774156 | 744841414
Model c1,c2 L1,L2 L3 c3 C4,C9 c5,C8 c6 c7
TEL 12-a825 | 220 HF / 100V 56 55'8/%” 141‘5’3'*,7{5”“ 680 pF /2 KV | 330 pF / 3KV | 3300 pF /3 KV | | 470 pF / 2KV
chemi-con KY | oo ites | oaagataqa | 1808 XTR 1808 X7R 1808 X7R 1808 X7R
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